
 Discontinued

Timing Relay, Type JCK, plug In,
on delay, fixed time, 180 seconds,
10A, 240 VAC, 24 VAC/DC
9050JCK1F180V14

 Discontinued on: Jun 30, 2023

Product availability: Non-Stock - Not normally stocked in

distribution facility

Main
Product Range 9050JCK

Product Type Timer

Timing Mode On-delay

Timing Range 180 s

Supply Voltage 24 V AC/DC

Complementary
Power Consumption 2 VA

Current Rating 10 A

Switch Function DPDT

Contact Composition 2 NO + 2 NC

Contact Material Silver nickel

Maximum Switching Voltage 240 V AC

Mounting Type Socket

Number Of Pins 8

Shape Of Pins Tubular

For Use With 8501NR52
8501NR51

Environment
Certifications UL Listed

UL Recognized
CE

Ambient Temperature Range -
Operational

-18…150 °F (-28…66 °C)

Height 2.40 in (61 mm)

Width 1.69 in (43 mm)

Depth 4.09 in (104 mm)

Ordering and shipping details
Category US10CP221651

Discount Schedule 0CP2

Product data sheet
Specifications

Apr 25, 2024 1

Price is “List Price” and may be subject to a trade discount – check with your local distributor or retailer for actual price.
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Gtin 785901764502

Returnability No

Country Of Origin US

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 2.40 in (6.1 cm)

Package 1 Width 1.69 in (4.3 cm)

Package 1 Length 4.09 in (10.4 cm)

Package 1 Weight 5.28 oz (149.686 g)

Contractual warranty
Warranty 18 months

2 Apr 25, 2024


	Product data sheet

