
 Discontinued

multifunction motor protection unit
LT6 - 50...60 Hz - 0.2...1 A
LT6P0M005FM

Main
Range Of Product TeSys T

Device Short Name LT6P

Product Or Component Type Multifunction protection relays

Relay Application Motor

Network Type AC

Complementary
Network Frequency 50/60 Hz

Line Rated Current 5 A

Associated Fuse Rating 16 A gG power circuit
2 A aM
4 A gG power circuit
6 A aM power circuit

Short-Circuit Protection 2 A fuse IEC 60947-5

[Ui] Rated Insulation Voltage Control circuit 380 V AC IEC 60947-1
Power circuit 690 V AC IEC 60947-1

Input Impedance < 0.1 Ohm power circuit

Control Circuit Consumption 7 W DC
15 VA AC 50/60 Hz

Current Consumption >= 1 mA

Power Consumption In W 0.5 W

Physical Interface RS232
RS485

Connector Type SUB-D 9

Transmission Rate <= 9600 bit/s

Minimum Time Between Requests 100 m/s

Output Type 1 NO per channel

Permissible Power 250 VA 250 V AC AC-15 power circuit
50 W 30 V DC DC-15 control circuit

Output Current Limits 10 mA 5 V DC

Product data sheet
Specifications
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Price is “List Price” and may be subject to a trade discount – check with your local distributor or retailer for actual price.
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Connections - Terminals Power circuit screw clamp terminals 1 0.00…0.01 in² (1.5…4 mm²)flexible with cable
end
Power circuit screw clamp terminals 1 0.00…0.01 in² (1.5…6 mm²)flexible without
cable end
Power circuit screw clamp terminals 1 0.00…0.01 in² (1.5…6 mm²)solid
Power circuit screw clamp terminals 2 0.00…0.01 in² (1.5…4 mm²)flexible with cable
end
Power circuit screw clamp terminals 2 0.00…0.01 in² (1.5…6 mm²)flexible without
cable end
Power circuit screw clamp terminals 2 0.00…0.01 in² (1.5…6 mm²)solid

Tightening Torque Power circuit 15.05 lbf.in (1.7 N.m) screw clamp terminals

Height 4.65 in (118 mm)

Width 3.54 in (90 mm)

Depth 5.16 in (131 mm)

Net Weight 2.27 lb(US) (1.03 kg)

Environment
Standards VDE 0660

IEC 60755
IEC 60947-4-1
VDE 0106
IEC 60034-11

Product Certifications LROS (Lloyds register of shipping)
RINA
CSA
UL 508

Protective Treatment TH

Ip Degree Of Protection IP20 conforming to IEC 60947-1

Ambient Air Temperature For
Operation

-4…158 °F (-20…70 °C)

Ambient Air Temperature For
Storage

-31…185 °F (-35…85 °C)

Operating Altitude <= 6561.68 ft (2000 m)

Shock Resistance 15 gn 11 ms IEC 6068-2-27

Vibration Resistance 2 gn 3...100 Hz IEC 6068-2-6

Resistance To Electrostatic
Discharge

8 kV IEC 61000-4-2 level 3

Resistance To Fast Transients 2 kV IEC 61000-4-4 level 4

Ordering and shipping details
Category 22338-SOLID STATE OVERLOAD RELAYS

Discount Schedule I12

Gtin 3389110627206

Returnability No

Country Of Origin IT

Contractual warranty
Warranty 18 months
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